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FVXM-A9
CVXM-A9

Adjusting the air flow direction
Left/right (manual)

Operation lamp
Indoor unit On/OFF switch
Indication lamps

Room temperature sensor
Humidity sensor

Drain hose
VP20
L=220mm
Inside diameter: ·20·mm
Outside diameter: ·26·mm

Inlet

Inlet

min 50 min 50

max 27°

Signal receiver
~400 Dimensions of fully opened front panel

Nameplate
Located inside 
of the unit

mi
n 4

67
ma

x 6
0

ma
x 6

0

Outlet

Outlet

Required installation space

Gas pipe connection ·ø9.5 CuT / ø12.7 CuT·
Liquid pipe connection ·ø6.4 CuT·

Terminal block with earth terminal

Required installation space

Hole for molding
Hole for piping

Up/down (automatic)

Upper air outlet

Lower air outlet

Pitch of fixing holes

Cooling
Dry

Heating

Pitch of fixing holes

Hole for piping

Front grille fixing screws

Front grille fixing screws
Drain socket

Wireless remote control

Installation C
Wall hole for half concealed installation

Installation A

Installation B

Si
gn

al 
tra

ns
mi

tte
r

NOTES

1. The ·→· mark shows the piping direction.
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